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Benefits

For more info visit atkore.com/kaftech

METAL CLAD
BARREL PACK

Traditional Type MC Technical Specifications

	ꞏ Economical design reduces the effort required to install cables

	ꞏ Easily transported around the job site

	ꞏ Reduce scrap and handling

	ꞏ Omni-directional (no need to rotate direction of pull)

	ꞏ Easy pull

Description
	ꞏ MC Cables available in steel or aluminum armor

	ꞏ Available with Kaf-Tech’s ColorSpec® ID system or with plain armor

	ꞏ Available in both 120V/280Y and 277V/480Y colors

	ꞏ Height 43", Diameter 24", Weight 22lbs
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Mc-Quik® Lite Cable Plain Armor
Product 

Code
Trade 
Size

Copper  
Conductor

Type

Conductor 
Colors

Bare Alum. 
Bonding/Bond Cond. Awg

Length
 (ft)

Cable 
Nominal O.D. 

(in)

Approximate  
Weight Of Cable / 

1000 ft. (lbs)

3104z93-00 12-2 Solid Black, White 10 2500 0.463 90

3104z93-01 12-2 Solid Brown, Gray 10 2500 0.463 90

3105z92-00 12-3 Solid Black, Red, White 10 2000 0.523 122

3105z92-01 12-3 Solid Brown, Orange, Gray 10 2000 0.523 122

3158z92-00 12-2 Stranded Black, White 10 2000 0.482 94

3158z92-01 12-2 Stranded Brown, Gray 10 2000 0.482 94

3159z91-00 12-3 Stranded Black, Red, White 10 1500 0.523 126

3159z91-01 12-3 Stranded Brown, Orange, Gray 10 1500 0.523 126

Mc Stat® Lite Cable
5804-92-00 12-2 Solid Black, White, Green 10 2000 0.523 122

5804-92-01 12-2 Solid Brown, Gray, Green 10 2000 0.523 122

5805-92-00 12-3 Solid Black, Red, White, Green 10 2000 0.565 152

5805-92-01 12-3 Solid Brown, Orange, Gray, Green 10 2000 0.565 152

Mc Tuff® Cable
Product 

Code
Trade 
Size

Copper  
Conductor

Type

Conductor 
Colors

Grounding 
Conductor

Awg

Length
 (ft)

Armor 
Minimum O.D. 

(in)

Approximate  
Weight Of Cable / 

1000 ft. (lbs)

1704b93t00 12-2 Solid Green Black, White, Green 12 2500 0.495 147

1704b93t01 12-2 Solid Green Brown, Gray, Green 12 2500 0.495 147

1704b93t03 12-2 Solid Green Yellow, Gray, Green 12 2500 0.495 147

1705b92t03 12-3 Solid Green Brown, Yellow, Gray, Green 12 2000 0.530 186

1705b92t00 12-3 Solid Green Black, Red, White, Green 12 2000 0.530 186

1705b92t01 12-3 Solid Green Brown, Orange, Gray, Green 12 2000 0.530 186

1708b90t00 10-3 Solid Green Black, Red, White, Green 10 1000 0.600 268

Mc Tuff® Cable Plain Armor
1704-93t00 12-2 Solid Green Black, White, Green 12 2500 0.495 147

1704-93t01 12-2 Solid Green Brown, Gray, Green 12 2500 0.495 147

Mc Lite® Cable
Product 

Code
Trade 
Size

Copper  
Conductor

Type

Conductor 
Colors

Grounding 
Conductor

Awg

Length
 (ft)

Armor 
Minimum O.D. 

(in)

Approximate  
Weight Of Cable / 

1000 Ft. (lbs)

2104s93-00 12-2 Solid Green Black, White, Green 12 2500 0.495 110

2104s93-01 12-2 Solid Green Brown, Gray, Green 12 2500 0.495 110

2105s92-00 12-3 Solid Green Black, Red, White, Green 12 2000 0.530 135

2105s92-01 12-3 Solid Green Brown, Orange, Gray, Green 12 2000 0.530 135

Mc Lite® Cable Plain Armor
2104-93-00 12-2 Solid Green Black, White, Green 12 2500 0.495 110

2104-93-01 12-2 Solid Green Brown, Gray, Green 12 2500 0.495 110

2105-92-00 12-3 Solid Green Black, Red, White, Green 12 2000 0.530 135

2105-92-01 12-3 Solid Green Brown, Orange, Gray, Green 12 2000 0.530 135

Cable Barrel Specifications


