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Hold the Cables
Hug the Rung®

Talon® cable cleats are a cable management product used to
secure cables when installed at intervals along the length of
the cable. They are typically used for support, restraint, strain
relief and short circuit protection by containing the cables
without damage.

Talon Cable Cleats:

« Made in the USA and complies with
BAA requirements

+ Fastest installation time and related
labor savings with cable tray
rung-hugging technology

+ Longest service life with industry
leading UV protection

« Strongest cleat on the market for
ultimate short-circuit protection

+ Rigorous 3rd party tested in
accordance with ASTM B117,
IEC 60695, IEC 61914, ISO 4892-2,
UL 94, and UL 2239.

T3 Cable Cleats

Optimized for two or
three cables but may
also be used to secure
a single cable.

T1 Cable Cleats

Optimized for single
cables but may also
be used to secure

bundles of two or more
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Cable Range Atkore .
Atkore Swage Atkore I-Beam Unistrut P1000 1in. Deep Run 0.95in. Deep

Min Max | MinMax Round Rung 1.125in. Deep Rung -beepRung Strut Rung

(mm) (in) Powerstrut PS200

1 Cable Per Cleat

16-23 0.63-0.91 Qty-2x C30_2x5 T104-F1H4R20-00 T104-F1H4R00-00 T104-F1H4R00-00 T104-F1H4R10-00 T104-F1H4R15-00

23-29 0.91-1.14 Qty-2xC20_2x5 T104-F1H4R20-00 T104-F1H4R00-00 T104-F1H4R00-00 T104-F1H4R10-00 T104-F1H4R15-00

29-35 1.14-1.38 Qty-2xC10_2x5 T104-F1H4R20-00 T104-F1H4R00-00 T104-F1H4R00-00 T104-F1H4R10-00 T104-F1H4R15-00

35-50 1.38-1.97 no liner T104-F1H4R20-00 T104-F1H4R00-00 T104-F1H4R00-00 T104-F1H4R10-00 T104-F1H4R15-00
50-79.3 1.97-3.12 no liner T105-F1H4R20-00 T105-F1H4R00-00 T105-F1H4R00-00 T105-F1H4R10-00 T105-F1H4R15-00
79.3-86 3.12-3.39 no liner T305-F1H4R20-00 T305-F1H4R00-00 T305-F1H4R00-00 T305-F1H4R10-00 T305-F1H4R15-00
86-106 3.39-4.17 no liner T306-F1H4R20-00 T306-F1H4R00-00 T306-F1H4R00-00 T306-F1H4R10-00 T306-F1H4R15-00

2 Cables Per Cleat

3 Cables Per Clea

13-20 | 051-0.75 Qty-2x C20_2x5 T104-F1H4R30-00 T104-F1H4R10-00 T104-F1H4R00-00 T104-F1H4R20-00 T104-F1H4R30-00
20-21 | 0.79-0.83 Qty-2xC10_2x5 T104-F1H4R30-00 T104-F1H4R10-00 T104-F1H4R00-00 T104-F1H4R20-00 T104-F1H4R30-00
21-22 | 0.83-0.87 Qty-2xC10_2x5 T104-F1H4R40-00 T104-F1H4R20-00 T104-F1H4R00-00 T104-F1H4R30-00 T104-F1H4R40-00
22-23 | 087-091 no liner T104-F1H4R40-00 T104-F1H4R20-00 T104-F1H4R00-00 T104-F1H4R30-00 T104-F1H4R40-00
23-254 | 091-1.00 no liner T104-F1H4R50-00 T104-F1H4R30-00 T104-F1H4R00-00 T104-F1H4R40-00 T104-F1H4R50-00
254-26 | 0.98-1.02 Qty-2 C30_3x5 T105-F1H4R40-00 T105-F1H4R20-00 T105-F1H4R00-00 T105-F1H4R30-00 T105-F1H4R40-00
26-29 | 1.02-1.14 Qty-2 C20_3x5 T105-F1H4R40-00 T105-F1H4R20-00 T105-F1H4R00-00 T105-F1H4R30-00 T105-F1H4R40-00
29-30 | 1.14-1.18 Qty-2C10_3x5 T105-F1H4R40-00 T105-F1H4R20-00 T105-F1H4R00-00 T105-F1H4R30-00 T105-F1H4R40-00
30-39 | 1.18-154 noliner T303-F1H4R20-00 T303-F1H4R00-00 T303-F1H4R00-00 T303-F1H4R10-00 T303-F1H4R15-00
37-47 | 1.46-185 no liner T304-F1H4R20-00 T304-F1H4R00-00 T304-F1H4R00-00 T304-F1H4R10-00 T304-F1H4R15-00
45-58 | 1.77-228 noliner T305-F1H4R20-00 T305-F1H4R00-00 T305-F1H4R00-00 T305-F1H4R10-00 T305-F1H4R15-00
56-71 | 2.20-2.80 no liner T306-F1H4R20-00 T306-F1H4R00-00 T306-F1H4R00-00 T306-F1H4R10-00 T306-F1H4R15-00

|

4 Cables Per Clea

14-15 0.55-0.59 Qty-2x C20_2x5 T104-F1H4R30-00 T104-F1H4R10-00 T104-F1H4R00-00 T104-F1H4R20-00 T104-F1H4R30-00
15-19 0.59-0.75 Qty-2xC10_2x5 T104-F1H4R30-00 T104-F1H4R10-00 T104-F1H4R00-00 T104-F1H4R20-00 T104-F1H4R30-00
19-20 0.75-0.79 no liner T104-F1H4R30-00 T104-F1H4R10-00 T104-F1H4R00-00 T104-F1H4R20-00 T104-F1H4R30-00
20-24 0.79-0.94 no liner T104-F1H4R40-00 T104-F1H4R20-00 T104-F1H4R00-00 T104-F1H4R30-00 T104-F1H4R40-00
24-25.4 0.94-1.00 Qty-2xC10_3x5 T105-F1H4R30-00 T105-F1H4R10-00 T105-F1H4R00-00 T105-F1H4R20-00 T105-F1H4R30-00
25.4-28 1.00-1.10 no liner T105-F1H4R40-00 T105-F1H4R10-00 T105-F1H4R00-00 T105-F1H4R30-00 T105-F1H4R40-00
28-30 1.10-1.18 no liner T105-F1H4R40-00 T105-F1H4R20-00 T105-F1H4R00-00 T105-F1H4R30-00 T105-F1H4R40-00
30-39 1.18-1.54 no liner T303-F1H4R20-00 T303-F1H4R00-00 T303-F1H4R00-00 T303-F1H4R10-00 T303-F1H4R15-00
37-47 1.46-1.85 no liner T304-F1H4R20-00 T304-F1H4R00-00 T304-F1H4R00-00 T304-F1H4R10-00 T304-F1H4R15-00
45-58 1.77-2.28 no liner T305-F1H4R20-00 T305-F1H4R00-00 T305-F1H4R00-00 T305-F1H4R10-00 T305-F1H4R15-00
56-71 2.20-2.80 no liner T306-F1H4R20-00 T306-F1H4R00-00 T306-F1H4R00-00 T306-F1H4R10-00 T306-F1H4R15-00

|

13-15 0.51-0.59 Qty-2xC10_2x5 T104-F1H4R20-00 T104-F1H4R00-00 T104-F1H4R00-00 T104-F1H4R10-00 T104-F1H4R20-00
15-17 0.59-0.67 Qty-2xC10_2x5 T104-F1H4R30-00 T104-F1H4R10-00 T104-F1H4R00-00 T104-F1H4R20-00 T104-F1H4R30-00
17-20 0.67-0.79 no liner T104-F1H4R30-00 T104-F1H4R10-00 T104-F1H4R00-00 T104-F1H4R20-00 T104-F1H4R30-00
20-23 0.79-0.91 no liner T104-F1H4R40-00 T104-F1H4R20-00 T104-F1H4R00-00 T104-F1H4R30-00 T104-F1H4R40-00
23-24 0.91-0.94 no liner T105-F1H4R30-00 T105-F1H4R10-00 T105-F1H4R00-00 T105-F1H4R20-00 T105-F1H4R30-00
24-28 0.94-1.10 no liner T105-F1H4R40-00 T105-F1H4R10-00 T105-F1H4R00-00 T105-F1H4R30-00 T105-F1H4R40-00
28-32 1.10-1.26 no liner T105-F1H4R40-00 T105-F1H4R20-00 T105-F1H4R00-00 T105-F1H4R30-00 T105-F1H4R40-00
32-33 1.26-1.30 no liner T105-F1H4R50-00 T105-F1H4R30-00 T105-F1H4R00-00 T105-F1H4R40-00 T105-F1H4R50-00
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